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PE
BLANKING PLATE

p max 350 bar

1 - OVERALL AND MOUNTING DIMENSIONS  PE-MD1/20 (cod. 1950591)

FASTENING BOLTS: 4 bolts M5x16 4 OR type 2037 (9.25x1.78) - 90 Shore

2 - OVERALL AND MOUNTING DIMENSIONS  PE-C/PA/MD1/20 (cod. 1950751)

FASTENING BOLTS: 4 bolts M5x16 2 OR type 2068 (17.17x1.78) - 90 Shore

dimensions in mm

dimensions in mm
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PE

REPRODUCTION IS FORBIDDEN.  THE COMPANY RESERVES THE RIGHT TO APPLY ANY MODIFICATIONS.

4 - OVERALL AND MOUNTING DIMENSIONS  PE/D4-M (cod, 1950042)

FASTENING BOLTS: 4 bolts M6x20 5 OR type 2050 (12.42x1.78) - 90 Shore

5 - OVERALL AND MOUNTING DIMENSIONS  PC-D4/MD1-M (cod. 1950222)

FASTENING BOLTS: 4 bolts M6x25 5 OR type 2050 (12.42x1.78) - 90 Shore

dimensions in mm

dimensions in mm

NOTE: On request, plates can be supplied with the O-Rings in viton. To order it, please indicate the letter /V at the end of the

identification code of the plate. 

3 - OVERALL AND MOUNTING DIMENSIONS  PE-C/PB/MD1/20 (cod. 1950601)

FASTENING BOLTS: 4 bolts M5x16 2 OR type 2068 (17.17x1.78) - 90 Shore

dimensions in mm


